
Th
e 

in
fo

rm
at

io
n 

pr
ov

id
ed

 in
 th

is
 d

oc
um

en
ta

tio
n 

co
nt

ai
ns

 g
en

er
al

 d
es

cr
ip

tio
ns

 a
nd

/o
r t

ec
hn

ic
al

 c
ha

ra
ct

er
is

tic
s 

of
 th

e 
pe

rfo
rm

an
ce

 o
f t

he
 p

ro
du

ct
s 

co
nt

ai
ne

d 
he

re
in

.
Th

is
 d

oc
um

en
ta

tio
n 

is
 n

ot
 in

te
nd

ed
 a

s 
a 

su
bs

tit
ut

e 
fo

r a
nd

 is
 n

ot
 to

 b
e 

us
ed

 fo
r d

et
er

m
in

in
g 

su
ita

bi
lit

y 
or

 re
lia

bi
lit

y 
of

 th
es

e 
pr

od
uc

ts
 fo

r s
pe

ci
fic

 u
se

r a
pp

lic
at

io
ns

.
It 

is
 th

e 
du

ty
 o

f a
ny

 s
uc

h 
us

er
 o

r i
nt

eg
ra

to
r t

o 
pe

rfo
rm

 th
e 

ap
pr

op
ria

te
 a

nd
 c

om
pl

et
e 

ris
k 

an
al

ys
is

, e
va

lu
at

io
n 

an
d 

te
st

in
g 

of
 th

e 
pr

od
uc

ts
 w

ith
 re

sp
ec

t t
o 

th
e 

re
le

va
nt

 s
pe

ci
fic

 a
pp

lic
at

io
n 

or
 u

se
 th

er
eo

f.
N

ei
th

er
 S

ch
ne

id
er

 E
le

ct
ric

 In
du

st
rie

s 
SA

S 
no

r a
ny

 o
f i

ts
 a

ffi
lia

te
s 

or
 s

ub
si

di
ar

ie
s 

sh
al

l b
e 

re
sp

on
si

bl
e 

or
 li

ab
le

 fo
r m

is
us

e 
of

 th
e 

in
fo

rm
at

io
n 

co
nt

ai
ne

d 
he

re
in

.

23/04/2024
1

Product data sheet
Characteristics

4RCBE440/30
Clipsal MAX4, RCBO 3P+N 40A C curve C
curveType A 6000A 5 modules

Main
Range Clipsal MAX4
Product or component
type

Residual current breaker with overcurrent protection
(RCBO)

Product brand Clipsal
Poles description 3P + N
Number of protected
poles

3

[In] rated current 40 A
Network type AC
Curve code C
Earth-leakage sensitivity 30 mA
Earth-leakage
protection class

Type A

Breaking capacity 6 kA

Complementary
Network frequency 50/60 Hz
[Ue] rated operational voltage 380...415 V AC
[Uimp] rated impulse withstand voltage 4 kV
Contact position indicator Yes
Control type Toggle
Local signalling ON, OFF, fault trip
Mounting mode Clip-on
Mounting support DIN rail
9 mm pitches 10
Height 91 mm
Width 90 mm
Depth 78.5 mm
Net weight 498 g
Colour White
Mechanical durability 20000 cycles
Electrical durability 20000 cycles
Locking options description Sealable

Padlocking device
Connections - terminals Tunnel type terminal (top or bottom) - 0.33...10 mm² - flexible

Tunnel type terminal (top or bottom) - 0.33...10 mm² - flexible with ferrule
Tunnel type terminal (top or bottom) - 0.75...16 mm² - rigid

Wire stripping length 15 mm for top or bottom connection
Tightening torque 2 N.m top or bottom
Earth-leakage protection Integrated

http://www.schneider-electric.com.au/sites/australia/en/products-services/green-premium/green-premium.page
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Environment
Standards AS/NZS 61009
IP degree of protection IP20

IP40
Pollution degree 3
Relative humidity 90 % at 55 °C
Ambient air temperature for operation -25…60 °C
Ambient air temperature for storage -30…70 °C

Packing Units
Unit Type of Package 1 PCE
Number of Units in Package 1 1
Package 1 Height 8.5 cm
Package 1 Width 7.5 cm
Package 1 Length 9.0 cm
Package 1 Weight 500.0 g
Unit Type of Package 2 S03
Number of Units in Package 2 16
Package 2 Height 30.0 cm
Package 2 Width 30.0 cm
Package 2 Length 40.0 cm
Package 2 Weight 8.8 kg

Offer Sustainability
Sustainable offer status Green Premium product
REACh Regulation REACh Declaration
EU RoHS Directive Compliant with Exemptions
Mercury free Yes
China RoHS Regulation China RoHS Declaration
RoHS exemption information Yes
Environmental Disclosure Product Environmental Profile
Circularity Profile No need of specific recycling operations
WEEE The product must be disposed on European Union markets following specific

waste collection and never end up in rubbish bins
Halogen content performance Halogen free plastic parts & cables product

https://download.schneider-electric.com/files?p_enDocType=Environmental+Disclosure&p_Doc_Ref=ENVPEP2003017

